[image: image2.png]



The Reliable Automatic Sprinkler Co., Inc.

Manufacturers & Distributors of Fire Protection Equipment
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Engineering Specification

Model F4FR-NF Non-Ferrous, Quick Response

Concealed Automatic Sprinkler

Sprinklers shall be cULus Listed, non-ferrous, quick response concealed pendent sprinkler specifically designed and tested for use in MRI type applications, and able to withstand exposure to a magnetic field of up to 6 Tesla. The concealed sprinkler frame and cover plate assembly shall be of all brass construction, including the drop-down deflector and sprinkler cup assembly.  The water seal shall consist of a Teflon film coated Belleville spring washer and bulb/machined cup assembly utilizing a 3 mm glass bulb thermal element.  Concealed sprinklers shall have a ½” NPT with a nominal K-factor of 5.6 (80.0).  Temperature rating of both the sprinkler and the cover plate shall be 135 ºF (57 ºF).  Sprinkler cover plate shall be capable of providing ½” of adjustment and shall attach to the sprinkler cup by a strong threaded engagement. The sprinkler cup shall be reinforced with an attached brass wrenching plate to protect the sprinkler cup from damage during installation.  Concealed sprinklers shall be UL Listed for Light Hazard and Ordinary Hazard occupancies. Standard cover finish to be:  [Bronze] [Chrome Plated] [White] [Bright Brass Plated] [Black Plated] [Specialty – specify]. Quick Response Concealed Pendent Sprinklers shall be the Reliable Non-Ferrous Concealer, Model F4FR-NF, SIN RA0212
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