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Engineering Specification

Model A Spray Nozzles

Open, directional spray nozzles shall be [cULus Listed] [FM Approved] [NYC BS&A No. 587-75-SA Approved] for use in water spray systems for exposure protection, utilizing an automatic detection system and deluge valve.  Nozzles shall be of all brass and bronze construction with ½” NPT thread.  Nozzle discharge pattern shall be a solid cone discharge having a [80 (] [110 (] [140 (] discharge angle.  Nominal K-factor shall be [1.9] [3.05] [5.8].  Nozzles with a nominal orifice smaller than 3/8” (K=1.9, 3.05) will only be installed on systems equipped with approved main pipeline strainer.  Standard finish shall be [bronze] [chrome].  Exposed nozzles subject to corrosive atmospheres shall have a factory applied corrosion resistant [wax] [lead] coating.  Spray nozzles shall be Reliable Model A, Bulletin 106.
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