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Engineering Specifications

Model F1RES 40 and F1 Res 44 Horizontal Sidewall

 Residential Sprinklers

Model F1 Res 40 Horizontal Sidewall Sprinkler

Sprinklers shall be [cULus Listed] [New York City MEA Approved (258-93-E)] low flow residential horizontal sidewall sprinklers engineered to provide a minimum design density of 0.05 gpm/ft2 over the listed coverage area.   Listed flows as specified by the manufacturer’s technical data sheets are to be used.  Residential sprinklers shall be installed in conformance with the manufacturer’s installation guidelines and the applicable installation standard.  Where horizontal sidewall residential sprinklers are installed under sloped ceilings having a pitch of up to [4/12] [8/12], the sprinklers shall be listed for such use. Sprinkler frame and deflector shall be of bronze frame construction having a ½” NPT thread.  Water seal assembly shall consist of a Teflon-coated Belleville spring washer and top-loaded extruded cup with 3 mm glass bulb containing no plastic parts, and having a temperature rating of [155 (F (68 (C)] [175 (F (79 (C)].  Sprinklers shall have a nominal K-factor of 4.0 (57.1).  Standard finish: [Bronze] [Chrome-plated] [White Polyester] [Special finish– specify]. Residential horizontal sidewall sprinklers shall be Reliable Model F1 Res 40, SIN R3538 (Bulletin 135).

Model F1 Res 40/F2 Recessed Horizontal Sidewall Sprinkler

Use description for the Model F1 Res 40 horizontal sidewall sprinkler with the following modifications:  Replace “horizontal sidewall sprinkler” with “recessed horizontal sprinkler.”  Add:  Recessed escutcheon assembly shall be a steel, two-piece escutcheon with 1/2” adjustment (Model F2). Standard finish shall be [brass][bright chrome] [white painted] [Special finish– specify].  Residential recessed horizontal sidewall sprinklers shall be Reliable Model F1 Res 40/F2, SIN R3538 (Bulletin 135).

Model F1 Res 44 Horizontal Sidewall Sprinkler

Sprinklers shall be [cULus Listed] [New York City MEA Approved (258-93-E)] low flow residential horizontal sidewall sprinklers engineered to provide a minimum design density of 0.05 gpm/ft2 over the listed coverage area.   Listed flows as specified by the manufacturer’s technical data sheets are to be used.  Residential sprinklers shall be installed in conformance with the manufacturer’s installation guidelines and the applicable installation standard.  Where horizontal sidewall residential sprinklers are installed under sloped ceilings having a pitch of up to [4/12] [8/12], the sprinklers shall be listed for such use. Sprinkler frame and deflector shall be of bronze frame construction having a ½” NPT thread.  Water seal assembly shall consist of a Teflon-coated Belleville spring washer and top-loaded extruded cup with 3 mm glass bulb containing no plastic parts, and having a temperature rating of [155 (F (68 (C)] [175 (F (79 (C)].  Sprinklers shall have a nominal K-factor of 4.4 (62.8).  Standard finish: [Bronze] [Chrome-plated] [White Polyester] [Special finish– specify]. Residential horizontal sidewall sprinklers shall be Reliable Model F1 Res 44, SIN R3531 (Bulletin 135).

Model F1 Res 44/F2 Recessed Horizontal Sidewall Sprinkler 

Use description for the Model F1 Res 44 horizontal sidewall sprinkler with the following modifications:  Replace “horizontal sidewall sprinkler” with “recessed horizontal sprinkler.”  Add:  Recessed escutcheon assembly shall be a steel, two-piece escutcheon with 1/2” adjustment (Model F2). Standard finish shall be [brass][bright chrome] [white painted] [Special finish– specify].  Residential recessed horizontal sidewall sprinklers shall be Reliable Model F1 Res 44/F2, SIN R3531 (Bulletin 135).
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