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Engineering Specification

Model G4 Concealed Pendent Sprinkler

Sprinkler shall be a standard response [cULus Listed] [New York City Approved (BS&A No. 587-75-SA) ] concealed pendent sprinkler with drop-down deflector and  adjustable cover plate for interior, non-corrosive applications.  Sprinkler to be of bronze frame construction with brass cover plate and copper alloy skirt assembly.  Water seal assembly shall consist of a fusible solder thermal element utilizing a center strut solder in compression principle of construction with Teflon-coated copper alloy cap containing no plastic parts.  Concealed sprinkler assembly shall be capable of providing [½” of cover plate adjustment, with non-adjustable inlet] [ 1/1/2” of total adjustment utilizing a factory assembled 1” NPT (male) (female) adjustable coupling reducer and the ½” cover plate adjustment].  Cover plate shall attach to the sprinkler cup by strong threaded engagement.  Any secure engagement between the cover plate and the cup will assure that the drop-down deflector is properly located below the ceiling.  Sprinkler K-factor shall be nominal [2.8 (40.6)] [4.2 (61.0)]  [5.6 (81.0)]. Sprinkler temperature rating shall be Ordinary 165(F  (74 (C); cover plate temperature rating to be 135 (F (57 (C).  A plastic protective cap shall be provided and factory installed inside the sprinkler cup to protect the drop-down sprinkler deflector from damage, which could occur during construction before the cover plate is installed.  Standard cover finish:  [Bronze] [Chrome] [White] [Specialty – specify]. Quick response concealed pendent sprinklers shall be Reliable Model G4A.  Refer to Reliable Bulletin 154 for associated sprinkler identification number (SIN) with respect to orifice and thread combination.
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