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CP1 Cap Technical Data

Operating Specifications
300 psi (20.7 bar)
Material Specifications

Design Specification
Groove: AWWA-C606

Maximum Working Pressure:

Model CP1 Cap

cULus Listed, FM Approved
300 psi (20.7 bar)

Available Finishes
Housing:
Red powder coating
Hot dipped galvanized (ASTM A-153)

Body: ASTM A536 Grade 65-45-12 Ductile Iron Listings and Approvals

cULus Listed
FM Approved

CP1 Cap Dimensions

E-E
Noir:i(nr:Im S)ize Piir??mon;?. Di“:;f‘;m" \:Ze(ilg(:jg)t
in (mm)

1(25) 1.315 (33.7) 15/16 (23.8) 0.22 (0.10)
1-1/4 (32) 1.660 (42.2) 15/16 (23.8) 0.29 (0.13)
1-1/2 (40) 1.900 (48.3) 15/16 (23.8) 0.35 (0.16)

2 (50) 2.375 (60.3) 15/16 (23.8) 0.55 (0.25)
2-1/2 (65) 2.875 (73.0) 15/16 (23.8) 0.77 (0.35)

76 mm 3.000 (76.1) 15/16 (23.8) 0.79 (0.32)
3 (80) 3.500 (88.9) 15/16 (23.8) 0.93 (0.42)
4 (100) 4.500 (114.3) 1(25.4) 1.54 (0.70)
139 mm 5.500 (139.7) 1(25.4) 2.58 (1.17)
165 mm 6.500 (165.1) 1(25.4) 3.35 (1.52)

6 (150) 6.625 (168.3) 1(25.4) 3.42 (1.55)

8 (200) 8.625 (219.1) 1-3/16 (30) 6.62 (3)

10 (250) 10.750 (273.0) 1-1/4 (32) 13.12 (5.95)
12 (300) 12.750 (323.9) 1-1/4 (32) 18.48 (8.38)
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