
RELIABLE FIRE SPRINKLER UK LTD TECHNOLOGY  •  QUALITY  •  SERVICE
RELIABLE FIRE SPRINKLER UK LTD
Unit 25 Birches Industrial Estate, East Grinstead, West Sussex, RH19 1XZ UK

TECHNOLOGY        QUALITY         SERVICE

Tel: +44 (0) 1342 316800,  Fax: +44 (0) 1342 314 679,  rfsl@reliablesprinkler.com, www.reliablesprinkler.com

FM & UL Groove Butterfly Valve                     REL-BFG-300-I

R0043B

No Component Material Remark

1 WCB ASTM A216

2 EPDM ASTM D2000

3 Body DI ASTM A536

4 SS416 ASTM A582

5 Disc DI + EPDM

6 SS416 ASTM A582

7 WCB ASTM A216

8 Stem bushing
(2.5” to 6”)

PTFE ASTM D4894

8 Stem bushing (8”) C95400 ASTM B148

9 Gear box

Material List

Carried Standard 

Max Working Pressure:   300PSI / 21.4 Bar
Design Standard:    API609
Groove Standard:   ANSI/AWWA C606
Top Flange Standard:  ISO 5211
Test Standard:    API 598

Design and materials are subject to change without notice.

Wiring Diagram

FM, UL & VdS zugelassene Absperrklappe genutet mit Überwachungsschalter   XD381X

Materialliste

Teile Nr. Bauteil Standard Spezifikation Optional

1 Gehäuse ASTM A536, 65-45-12

2 O-Ring NBR EPDM

3 Eingangswelle AISI 431

4 Klappe ASTM A536, 65-45-12+EPDM ASTM A536, 65-45-12+NBR

5 Ausgangswelle AISI 431

6 Verschraubungen Carbon Steel Zinc plated

7 Getriebe Gehäuse Body: ASTM A536, 65-45-12

8 O-Ring NBR EPDM

DN Dimensions(mm)

Inch mm A B C F G L L1 L2 H1 H

2" 50 89 65.00 81.00 60.3 57.15 122.5 7.93 15.88 127 202.2

2.5" 65 102 71 97 73.0 69.09 122.5 7.93 15.88 127 202.2

3" 80 109 81 97 88.9 84.94 122.5 7.93 15.88 127 202.2

Part No. Part Standard Specification Options

1 BODY ASTM A536,65-45-12

2 O-Ring NBR EPDM

3 Stub Shaft AISI 431

4 Disc ASTM A536,65-45-12+EPDM ASTM A536,65-45-12+NBR

5 Drive Shaft  AISI 431

6 Hex Nut Carbon Steel  Zinc plated

7 Signal Gearbox Body:ASTM A536,65-45-12

8 O-Ring NBR EPDM

Grooved Butterfly Valve
with Tamper Switch (XD381X),
UL/FM/VdS Approved

MATERIAL SPECIFICATION

Note: For special material request other than standard specification, please indicate clearly on the inquiry or order list.

• Connection Ends: Groove to AWWA C606

175PSI, 200PSI and 250PSI available upon request

• Coating: Fusion Bonded Epoxy Coating in accordance with 

Fire Alarm Control

Panel Supervisory Circuit

End of Line Resistor

or Next Device

Voltage Source
Aux.Device

(Bell or Horn)

SWITCH WIRING DIAGRAM

S-1

Common(Black)

Open(Blue)

Close(Orange)

Actuator Case Ground (GREEN)

Common(White)

Open(Yellow)

Close(Red)

S-2

  Anschluss Diagramm

Information

Design Standard MSS SP-67

Anschlüsse Genutet gem. AWWA C606

Verbindungsflansch ISO 5211

Max Arbeitsdruck 300 PSI

Temperaturbereich 0°C - 100°C

Beschichtung 2 Komponenten Epoxy Beschichtung gemäß 
ANSI/AWWA C550

      NSF/ANSI 61       NSF/ANSI 372      G416024

Anschluss Überwachungsschalter

Geöffnet (Blau)

Überwachungszentrale
Spannung (Schwarz) Geschlossen (Orange)

Spannung (Weiss)

Abschlusswiderstand oder 
nächster Teilnehmer

Gehäuse Erdung (Grün)

Geöffnet (Gelb)Geöffnet (Gelb)

Geschlossen (Rot)
Spannungsquelle Externe Anzeige
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• Coating: Fusion Bonded Epoxy Coating in accordance with 



 FM, UL & VdS zugelassene Absperrklappe genutet mit Überwachungsschalter   XD381X

Part No. Part Standard Specification Options

1 BODY ASTM A536,65-45-12

2 O-Ring NBR EPDM

3 Stub Shaft AISI 431

4 Disc ASTM A536,65-45-12+EPDM ASTM A536,65-45-12+NBR

5 Drive Shaft  AISI 431

6 Hex Nut Carbon Steel  Zinc plated

7 Signal Gearbox Body:ASTM A536,65-45-12

8 O-Ring NBR EPDM

MATERIAL SPECIFICATION

Note: For special material request other than standard specification, please indicate clearly on the inquiry or order list.

• Coating: Fusion Bonded Epoxy Coating in accordance with 

Fire Alarm Control

Panel Supervisory Circuit

End of Line Resistor

or Next Device

SWITCH WIRING DIAGRAM

S-1

Common(Black)

Open(Blue)

Close(Orange)

Actuator Case Ground (GREEN)

Open(Yellow)S-2

Abmessungen (mm)

Größe (Zoll/mm) A B C F G L L1 L2 H1 H

2.5”/65 102 71 97 73 69.09 122.5 7.93 15.88 127 202.2

3”/80 109 81 97 88.9 84.94 122.5 7.93 15.88 127 202.2

4”/100 128 95 116 114.3 110.08 122.5 9.53 15.88 127 202.2

5”/125 141 111 148 141.3 137.03 122.5 9.53 15.88 127 202.2

6”/150 153 133 148 168.3 163.96 122.5 9.53 15.88 127 202.2

8”/200 184 164 133 219.1 214.40 122.5 19.05 19.05 185 260.2
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Material List

Carried Standard 

Max Working Pressure:   300PSI / 21.4 Bar
Design Standard:    API609
Groove Standard:   ANSI/AWWA C606
Top Flange Standard:  ISO 5211
Test Standard:    API 598

Design and materials are subject to change without notice.

Wiring Diagram

Bestellinformationen

Description Size Part Number

Absperrklappe FM/UL/VdS genutet 300 PSI 65mm (2.5”) 7U99002251

Absperrklappe FM/UL/VdS genutet 300 PSI 80mm (3”) 7U99002252

Absperrklappe FM/UL/VdS genutet 300 PSI 100mm (4”) 7U99002253

Absperrklappe FM/UL/VdS genutet 300 PSI 125mm (5”) 7U99002257

Absperrklappe FM/UL/VdS genutet 300 PSI (168mm) 150mm (6”) 7U99002254

Absperrklappe FM/UL/VdS genutet 300 PSI 200mm (8”) 7U99002255

Achtung: Ventil darf nicht in vollständig geö
nicht aus dem Gusskörper herausragen.
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